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To the point
Laser expertise from SICK



Waldkirch, May 2017 – SICK will be presenting its wide range of laser sensors at Interpack 2017. The sensors detect objects reliably even with large sensing ranges and the tightest of installation conditions, they provide excellent performance and security in a compact housing, they measure quickly and precisely in the µm range, and they guarantee high reliability up to 35 meters thanks to HDDMTM technology.
SICK sensors with laser technology offer a wide range of solutions for any application where the smallest objects, the finest details or minute deviations on products or in production facilities need to be detected. Their precise laser beam also makes it possible to detect objects and features through small openings, and enables easy alignment during commissioning. 
For example, the Dx35 family of distance sensors, based on HDDM� technology, combine maximum reliability, measuring capabilities, flexibility, and a perfect price-performance ratio in one very compact housing. Depending on the application, sub-product families are available for distance measurement on natural objects (DT35 and DS35) or on reflective tape (DL35 and DR35). The sub-product families also come with different interfaces. In addition to the IO-Link function, which all the devices have, the product family also offers sensors with analog and switching output (DT and DL) or the option of two switching outputs (DS and DR). Its final distinguishing feature when selecting the right sensor for the application is the light sender: infrared or red emitted light in laser class 1 or 2.
The OD Mini displacement measurement sensor impresses with its compact and rugged housing, which is available in either an aluminum or stainless-steel version. It is equipped with the latest CMOS receiver technology for precise measurement, regardless of the brightness and color of the surface material. The integrated amplifier unit enables the OD Mini to work on a stand-alone basis. For more complex measuring tasks, up to two OD Mini Pro sensor heads can be connected to the OD Mini evaluation unit and calculated together. The OD Mini is simple to configure due to its intuitive design and display with four status LEDs. The OD Mini can also be remotely programmed via the external teaching input. The large number of available interfaces also simplifies integration into industrial networks. This ensures the highest possible reliability and precision when solving a wide range of measuring tasks.
For the first time, the PowerProx MultiTask photoelectric sensor offers all of the advantages of time-of-flight technology in the world’s smallest housing – coupled with a high detection speed. Objects being conveyed at high speed, small and flat objects, and jet-black or shiny objects can now be reliably detected at sensing ranges between 5 cm and 3.8 m. For even more flexibility, up to eight switching points can be defined via IO-Link. The four variants – “Distance”, “Speed”, “Precision”, and “Small” – are designed to be used in different applications. This means that PowerProx offers not just the best solution, but the right one in each case – from occupied bay and clearance detection via rapid counting and precise edge detection right through to use in handling, assembly, and packaging technology.
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The Dx35 family of distance sensors, based on HDDM�™ technology, combines maximum reliability, measuring capabilities, and flexibility.
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The OD Mini displacement measurement sensor impresses with its compact and rugged housing, which is available in either an aluminum or stainless-steel version.
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PowerProx from SICK – reliable object detection with large sensing ranges
[bookmark: _GoBack]SICK is one of the world’s leading producers of sensors and sensor solutions for industrial applications. Founded in 1946 by Dr.-Ing. e. h. Erwin Sick, the company with headquarters in Waldkirch im Breisgau near Freiburg ranks among the technological market leaders. With more than 50 subsidiaries and equity investments as well as numerous agencies, SICK maintains a presence around the globe. In the fiscal year 2016, SICK had more than 8,000 employees worldwide and achieved Group sales of just under EUR 1.4 billion.
More information about SICK is available on the Internet at http://www.sick.com or by phone on +49 (0) 7681 202-4183.
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